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PJ-1505-2CD24

142

11 11

L1 L2

2-M3 depth 3(screw hole for securing)

DIN Rail Bracket

Input voltage(rating)
Power consumption
Output connector

24VDC
10W

Weight

Model name PJ-1505-2CD24

3P (1: Sense , 2: + , 3: _) x2
380g

Third Angle Projection       Units: mm


